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1) This picture is generic and for illustrative purposes only, and may show different keying, materials, colour, finish, and contact

configuration. Minor shape or feature variations to actual item may be present.

All additional information are documented on the datasheet (See below link or QR Code)

www.lemo.com/pdf/PFG.1B.305.CLLD52.pdf
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